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NOTES:

UL, ANSI, AND IEEE STANDARDS.

. PAINT COLOR IS ANSI #61
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. DRY-TYPE VENTILATED, CLASS AA, NEMA TYPE 2 ENCLOSURE.
. TRANSFORMER ARE FLOOR MOUNTED.
. 220°C CLASS INSULATION SYSTEM.

1. ALL UNITS ARE DESIGNED IN ACCORDANCE WITH APPLICABLE NEMA,

. ALUMINUM UNITS HAVE ALUMINUM WINDINGS & TERMINATIONS,
COPPER UNITS HAVE COPPER WINDINGS & TERMINATIONS.
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