NOTE:

1. ALL UNITS ARE DESIGNED IN ACCORDANCE WITH APPLICABLE NEMA,
UL, ANSI, AND IEEE STANDARDS.

2. DRY-TYPE VENTILATED, CLASS AA, NEMA TYPE 2 ENCLOSURE.

3. FOR NEMA 3R OUTDOOR APPLICATION, USE WEATHERSHIELD # WS42.

4. TRANSFORMERS ARE FLOOR MOUNTED.

5.220 °C CLASS INSULATION SYSTEM.

6. PAINT COLOR IS ANSI #61.

7. ALUMINUM UNITS HAVE ALUMINUM WINDINGS AND TERMINATIONS.
COPPER UNITS HAVE COPPER WINDINGS AND TERMINATIONS.

8. XO, HOLE PATTERN IS THE SAME AS DETAILED ON "L" DIM.
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—MOUNTING HOLE
.56 (14) DIA.
4TOTAL.
D
B
DIMENSIONS IN INCHES (mm)
FRAME A B C D E F G H J
FR929 | 56.56(1513) |36.72(933) |32.50(826)|20.00(508) | 27.89(708) | 4.00(101) | 8.90(226) | 13.34(339)| 9.40(239)
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4.67(119) | 1.75(44) [23.91(607) [19.91(506) |12.11(308) | 37.32(948) | 33.33(847) | 5.90(150) | 6.75(171) | 33.00(838)
v w X Y z AA Rev2 - Nov/12
10.11(257)| 2.00(51) | 4.35(110) (16.50(419) |12.34(313)| 1.07(27)
THIS DIMENSION DRAWING IS FOR REFERENCE ONLY. IT IS NOT TO
BE REGARDED AS INDICATING THE EXACT DETAILS OF CONSTRUCTION.
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