— MADE IN USA
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® Dry Type
A ® Distribution
J Transformer
THREE PHASE DRY TYPE TRANSFORMER
. 480V S
BIL | - |
PART No.| VABM28T30CUEEUS
TERML H1 H2 H3
wal 30 |
VOLTS |CURRENT |% RATED COE%EICT 30
504 34.4 105 1
492 35.2 102.5 2 COOUNG
B | #d | 9| 3 .
456 380 95 5 TEMP. RISE 150 °C
444 39.0 92.5 6 -
432 40.1 90 7 TENP. CLASS 290 °C
FREQUENY 60 Hz|
@ 170 °C .
W 208Y/ 120V 170,
ENCL. TYPE|  NEMA-—3R
BIL | _
WT. LBS 335
TERM. WINDING
XO X1 X2 X3 | ywows[ ™ cy_|
ENERGY
X2 eFFiciEncy | B022-00
SPACINGS BETWEEN ANY VENTIATED ENCLOSURE PANEL AND
AN ADIACENT WALL SHALL BE A MNMAN OF 3 INCHES
X0
X1
£ X3
3
5
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TRANSFORMER
@® LR 3902 @ g?g:sﬂs
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FRONT VIEW

SIDE VIEW

25.0

_—

-------------- = 17

()

8.00
28.75

(o=

[<¢]

~

6]
NHE6—-N3R

_f_g——o.so” KEYHOLE SLOT(4) 0 J_

8.50

17.00

' 1.75 X 2.5

TYPICAL PER

2.00—

SIDE

}_7 22.75 —-‘ 513 —

All Dimensions in inches

0.56 DIA. (4) ~

L

=
— 900

~— 19.19

|

— 3.69 |-

ENCLOSURE COLOR : ANSI 61 GREY — OUTDOOR

H.V.1. TERMINAL DETAIL

L.V.1. TERMINAL DETAIL

MECHANICAL TYPE LUGS INCLUDED
SUITABLE FOR #14—2 CU/AL
CONDUCTORS
1 CONDUCTOR PER PHASE

MECHANICAL TYPE LUGS INCLUDED
SUITABLE FOR #2/0-6 CU/AL
CONDUCTORS
1 CONDUCTOR PER PHASE

CUSTOMER NOTES:

— HV1 TERMINATED AT TOP FRONT
— LV1 TERMINATED AT BOTTOM FRONT
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