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SmartOnline®

Available in a variety of form factors, Eaton’s Tripp Lite series SmartOnline UPS systems are budget-friendly
solutions to provide enhanced power protection for critical network equipment.

- Double-conversion technology delivers pure sine + Network card compatibility enables full remote

wave output for sensitive equipment access and 24/7 control
- Zero transfer time between on-line and battery + 2-year limited warranty; optional extended service
mode provides uninterrupted operation for plans are available
connected equipment -+ $250,000 Ultimate Lifetime Insurance for
+ LCD screen reports detailed UPS and site power connected equipment
information

700-3000 VA tower UPS systems

SU2200XLCD
Internal Plus 1 external
Power rating runtime* (min), battery pack* (min),  External battery Dimensions

Catalog number (VA/watts) Full/half load Full/half load pack compatibility  outlets Input connection (HXWxD), in
120V tower UPS with network card slot

SU700XLCD 700/630 5.9/16.9 — — (6) 5-15R 5-15P, 8 ft. cord 9.9x6.3x13.9
SU1000XLCD 1000/900 6.7/18.5 32/10 BP36V (6) 5-15R 5-15P, 8 ft. cord 9.9x6.3x15.2
SU1500XLCD 1500/1350 5.9/16.5 29/63.6 BP48V (6) 5-15R 5-15P, 8 ft. cord 9.9x6.3x17.1
SU2200XLCD 1960/1770 10.4/26.2 44/96.7 BP96V (1) L5-20R, (6) 5-20R  5-20P, 8 ft. cord 13.6x84x16.2
SU3000XLCD 3000/2700 5.7/16.7 28.2/64.1 BP96V (1) L5-30R, (4) 5-20R 15-30P, 8 ft. cord 13.6x8.4x16.2

Due to continuous improvement programs, all specifications are subject to change without notice. * Runtime varies with load, battery age and other factors.
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https://www.eaton.com/us/en-us/skuPage.SU700XLCD.html
https://www.eaton.com/us/en-us/skuPage.SU1000XLCD.html
https://www.eaton.com/us/en-us/skuPage.BP36V.html
https://www.eaton.com/us/en-us/skuPage.SU1500XLCD.html
https://www.eaton.com/us/en-us/skuPage.BP48V.html
https://www.eaton.com/us/en-us/skuPage.SU2200XLCD.html
https://www.eaton.com/us/en-us/skuPage.BP96V.html
https://www.eaton.com/us/en-us/skuPage.SU3000XLCD.html
https://www.eaton.com/us/en-us/skuPage.BP96V.html
http://www.eaton.com

750-3000 VA rack-mount and rack/tower UPS systems

Internal Plus 1 external SU1500RTXLCD2U
Power rating runtime* (min), battery pack* (min),  External battery Dimensions

Catalog number (VA/watts) Full/half load Full/half load pack compatibility Outlets Input connection (HXWxD),in
120V 1U rack-mount UPS with network card slot
SU1500LCD1U 1440/1440 3/10 = = (5) 5-15R 5-15P, 6 ft. cord 1.7x173x279
SU2000LCD1U 200071600 3/10 — — (5) 5-20R 5-20P, 6 ft. cord 1.7x173x279
120V 2U rack/tower UPS with network card slot
SU750RTXLCD2U 750/675 7.9/20.9 34.5/76.1 BP36RT (8) 5-15! 5-15P, 8 ft. cord 34x173x17.7
SU1000RTXLCD2U 1000/900 0.3/18.2 24/56 BP36RT (8)5 5-15P, 8 ft. cord 34x173x17.7
SU1500RTXLCD2U 1500/1350 5.8/16.5 27/63 BP48RT (8) 5-1 5-15P, 8 ft. cord 34x173x17.7
SU2200RTXLCD2U 2000/1800 1.1/20.2 33.1/76 BP72RT (1) L5-20R, (6) 5-20R 5-20P, 8 ft. cord 34x173x23.8
SU3000RTXLCD2U 300072700 4.8/139 23/53.1 BP72RT (1) L5-30R, (6) 5-20R 15-30P, 8 ft. cord 34x173x238
120V TAA-compliant 2U rack/tower UPS with network card slot
SU1500RTXLCD2UTAA  1500/1350 5.8/16.5 27/63 BP48RT2UTAA (8) 5-15R 5-15P, 8 ft. cord 34x173x17.7
SU2200RTXLCD2UTAA  2000/1800 1.1/20.2 33.1/76 BP72RT2UTAA (1) L5-20R, (6) 5-20R 5-20P, 8 ft. cord 34x173x238
SU3000RTXLCD2UTAA  3000/2700 48/139 23/53.1 BP72RT2UTAA (1) L5-30R, (6) 5-20R 15-30P, 8 ft. cord 34x173x238
120V 2U rack/tower UPS network card bundles with WEBCARDLXE
SU750RTXLCD2UN 750/675 1.9/20.9 34.5/76.1 BP36RT (8) 5-15R 5-15P, 8 ft. cord 34x173x17.7
SU1000RTXLCD2UN 10007900 6.3/18.2 24/56 BP36RT (8) 5-15R 5-15P, 8 ft. cord 34x173x17.7

1500RTXLCDN 1500/1350 5.8/16.5 27/63 BP48RT (8) 5-15R 5-15P, 8 ft. cord 34x173x17.7
SU2200RTXLCDN 2000/1800 1.1/20.2 33.1/76 BP72RT (1) L5-20R, (6) 5-20R 5-20P, 8 ft. cord 34x173x238
SU3000RTXLCD2UN 3000/2700 48/13.9 23/53.1 BP72RT (1) L5-30R, (6) 5-20R 15-30P, 8 ft. cord 34x173x238
208V/230V 2U rack/tower UPS with network card slot
SUINT1000LCD2U 1000/900 1.3/11.9 41/88 BP48RT (8) (13 (14 inlet 34x173x17.7
SUINT1500LCD2U 150071350 5.8/16 28.5/62 BP48RT (8)C13 (14 inlet 34x173x17.7
SUINT2200LCD2U 2200/2000 6/16.6 28.8/63.8 BP72RT (8)C13,(2) €19 Q20 inlet, 6 ft. C19 to L6-20P cord 34x173x238
SUINT3000LCD2U 3000/2700 3.8/10.8 20/45.7 BP72RT (8) (13, (2) (19 (20 inlet, 6 ft. C19 to L6-20P cord 34x173x23.8
SU3000LCD2UHV 300072700 5/135 19/41.5 BP72V18-2US (6) 6-20R, (2) L6-20R 16-20P, 10 ft. cord 34x17.2x24.2
208V/120V 2U rack-mount UPS with network card slot + 2U stepdown transformer
SU3000LCD2UHVTE 3000/2700 5/13.5 19/47.5 BP72V18-2US (12) 5-20R, (6) 6-20R, (2) L6-20R 16-20P, 10 ft. cord 6.9 x17.3x24.2
Due to continuous improvement programs, all specifications are subject to change without notice. *Runtime varies with load, battery age and other factors.
5000-6000 VA rack/tower UPS systems

WEBCARDLXE network management card is included

Internal Plus 1 external External Total SUS000RT
Powerrating runtime* (min), ~ batterypack*(min),  batterypack  rack Dimensions

Catalog number (VA/watts)  Full/halfload Full/half load compatibility  size  outputs UPS input connection (HxWxD), in
208V 3U rack/tower UPS with WEBCARDLXE
SU5000RT 500074500 3/11 20/48 BP180RT 3U (2) L6-20R, (2) L6-30R, Hardwire 16-30P w/10 ft. cord or Hardwire  5.1x17.3x27
SU6000RT 6000/5400t  3/8 16/38 BP180RT 3U (2) L6-20R, (2) L6-30R, Hardwire 16-30P w/10 ft. cord or Hardwire  5.1x17.3x27
208V TAA-compliant 3U rack/tower UPS with WEBCARDLXE
SU6000RT3UTAA 6000/5400t  3/8 16/38 BP180RT3UTAA 3U (2) L6-20R, (2) L6-30R, Hardwire 16-30P w/10 ft. cord or Hardwire  5.1x17.3x27
208V 3U rack/tower UPS with WEBCARDLXE + maintenance bypass
SU5000RTMB 500074500 3/11 20/48 BP180RT 3U (2) L6-20R, (2) L6-30R, Hardwire 16-30P w/10 ft. cord or Hardwire  5.1x17.3x34
SU6000RTMB 6000/5400t  3/8 16/38 BP180RT 3U (2) L6-20R, (2) L6-30R, Hardwire 16-30P w/10 ft. cord or Hardwire  5.1x17.3x34
120V/208V 3U rack/tower UPS with WEBCARDLXE + 3U stepdown transformer
SUS000RTF 500074500 3/11 20/48 BP180RT oU (18) 5-20R, (2) L6-20R, (1) L6-30R, Hardwire  L6-30P w/10 ft. cord or Hardwire  10.2x 17.3x27
SU6000RTF 6000/5400t  3/8 16/38 BP180RT 6U (18) 5-20R, (2) L6-20R, (1) L6-30R, Hardwire  L6-30P w/10 ft. cord or Hardwire  10.2x17.3x27
120V/208V 3U rack/tower UPS with WEBCARDLXE + 3U stepdown transformer + maintenance bypass
SU5000RTFMB 500074500 3/11 20/48 BP180RT 60U (18) 5-20R, (2) L6-20R, (1) L6-30R, Hardwire  L6-30P w/10 ft. cord or Hardwire  10.2x 17.3x34
SU6000RTFMB 6000/5400  3/8 16/38 BP180RT 6oU (18) 5-20R, (2) L6-20R, (1) L6-30R, Hardwire  L6-30P w/10 ft. cord or Hardwire  10.2x 17.3 x 34

Due to continuous improvement programs, all specifications are subject to change without notice. *Runtime varies with load, battery age and other factors. t5400W at 230V/240V, derated to 4800W at 208V.

Featured accessories for select SmartOnline UPS systems
- See specific UPS model for compatibility

Catalog number
WEBCARDLXE Tripp Lite series network management card, TAA
RK2PC 2-post rack-mount installation kit

Description

WMNTKIT Wall-mount kit for select 2U UPS and EBM models

SUPDMBP6K Maintenance bypass for select 5 kVA to 6 KVA SmartOnline UPS systems, U, TAA
SU6000XFMR2UTAA 6 kVA 120V stepdown isolation transformer, 2U, TAA

SUTEMR 5 kVA 120V stepdown transformer, 3U
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https://tripplite.eaton.com/network-card-eaton-tripp-lite-series-ups-systems~WEBCARDLXE
https://www.eaton.com/us/en-us/skuPage.RK2PC.html
https://www.eaton.com/us/en-us/skuPage.WMNTKIT.html
https://www.eaton.com/us/en-us/skuPage.SUPDMBP6K.html
https://www.eaton.com/us/en-us/skuPage.SU6000XFMR2UTAA.html
https://www.eaton.com/us/en-us/skuPage.SUTFMR.html
https://www.eaton.com/us/en-us/skuPage.SU1500LCD1U.html
https://www.eaton.com/us/en-us/skuPage.SU2000LCD1U.html
https://www.eaton.com/us/en-us/skuPage.SU750RTXLCD2U.html
https://www.eaton.com/us/en-us/skuPage.BP36RT.html
https://www.eaton.com/us/en-us/skuPage.SU1000RTXLCD2U.html
https://www.eaton.com/us/en-us/skuPage.BP36RT.html
https://www.eaton.com/us/en-us/skuPage.SU1500RTXLCD2U.html
https://www.eaton.com/us/en-us/skuPage.BP48RT.html
https://www.eaton.com/us/en-us/skuPage.SU2200RTXLCD2U.html
https://www.eaton.com/us/en-us/skuPage.BP72RT.html
https://www.eaton.com/us/en-us/skuPage.SU3000RTXLCD2U.html
https://www.eaton.com/us/en-us/skuPage.BP72RT.html
https://www.eaton.com/us/en-us/skuPage.SU1500RTXLCD2UTAA.html
https://www.eaton.com/us/en-us/skuPage.BP48RT2UTAA.html
https://www.eaton.com/us/en-us/skuPage.SU2200RTXLCD2UTAA.html
https://www.eaton.com/us/en-us/skuPage.BP72RT2UTAA.html
https://www.eaton.com/us/en-us/skuPage.SU3000RTXLCD2UTAA.html
https://www.eaton.com/us/en-us/skuPage.BP72RT2UTAA.html
https://www.eaton.com/us/en-us/skuPage.SU750RTXLCD2UN.html
https://www.eaton.com/us/en-us/skuPage.BP36RT.html
https://www.eaton.com/us/en-us/skuPage.SU1000RTXLCD2UN.html
https://www.eaton.com/us/en-us/skuPage.BP36RT.html
https://www.eaton.com/us/en-us/skuPage.SU1500RTXLCDN.html
https://www.eaton.com/us/en-us/skuPage.BP48RT.html
https://www.eaton.com/us/en-us/skuPage.SU2200RTXLCDN.html
https://www.eaton.com/us/en-us/skuPage.BP72RT.html
https://www.eaton.com/us/en-us/skuPage.SU3000RTXLCD2UN.html
https://www.eaton.com/us/en-us/skuPage.BP72RT.html
https://www.eaton.com/us/en-us/skuPage.SUINT1000LCD2U.html
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https://www.eaton.com/us/en-us/skuPage.BP48RT.html
https://www.eaton.com/us/en-us/skuPage.SUINT2200LCD2U.html
https://www.eaton.com/us/en-us/skuPage.BP72RT.html
https://www.eaton.com/us/en-us/skuPage.SUINT3000LCD2U.html
https://www.eaton.com/us/en-us/skuPage.BP72RT.html
https://www.eaton.com/us/en-us/skuPage.SU3000LCD2UHV.html
https://www.eaton.com/us/en-us/skuPage.BP72V18-2US.html
https://www.eaton.com/us/en-us/skuPage.SU3000LCD2UHVTF.html
https://www.eaton.com/us/en-us/skuPage.BP72V18-2US.html
https://www.eaton.com/us/en-us/skuPage.SU5000RT.html
https://www.eaton.com/us/en-us/skuPage.BP180RT.html
https://www.eaton.com/us/en-us/skuPage.SU6000RT.html
https://www.eaton.com/us/en-us/skuPage.BP180RT.html
https://www.eaton.com/us/en-us/skuPage.SU6000RT3UTAA.html
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https://www.eaton.com/us/en-us/skuPage.SU5000RTMB.html
https://www.eaton.com/us/en-us/skuPage.BP180RT.html
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https://www.eaton.com/us/en-us/skuPage.BP180RT.html
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https://www.eaton.com/us/en-us/skuPage.BP180RT.html
http://www.eaton.com
https://www.eaton.com/us/en-us/catalog/backup-power-ups-surge-it-power-distribution/tripp-lite-by-eaton-smartonline-ups.html

