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Part Number.................................ePBZ94
Mounting.......................................Horizontal (1U)
Over Current Protection................CB-2P/20A (UL489)
Power Switch................................N/A
Rating...........................................24A / 208Vac
Input..............................................NEMA L6-30P
Outlet............................................IEC320 C19x6
Power Cord..................................10AWG  X 3C 6ft
UL Standard.................................UL60950-1
Certification...................................UL / cUL

20A/250V 2 Pole CB IEC C19


