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CURRENT, POWER, AND . . -
ENERGY METERING EOR CS8365 (12) IEC 60320 C13 GRIP 32° 7O 140° F | E i@ )
| INPUT, BRANCH AND 6FT 6AWG / 4C POWERCORD | (12) IEC 60320 C19 GRIP 0°TO60° C © M I secTiON E
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MECHANICAL INPUT RATING OUTPUT RATING CERTIFICATIONS 4020 O ‘SECTION F‘
62360-29" 5(;689mvf{/‘|)D'—TEHNGTH 200-240V~ 200-240V~ ————— 0 ©
200, Bemm) VDT DELTA 3W+PE 10A PER C13; 16A PER C19 e(UL)us
56" (65mm) 40 A 16A MAX PER SECTION ePDU G3 SPECIFICATION DRAW  |H.NGUYEN 04 AUG 2014
ALUMINUM CHASSIS, 50/60 Hz 40A MAX PER PHASE LISTED TITLE
— BLACK EMA329-06 DESIGN
DWG NO. | EMA6PH33JJF88B1 REV 001 CHECKED
CIRCUIT BREAKERS FILTER AND SPIKE/SURGE ACCESSORIES CONFIGURATION ATERAL ‘ SAFETY
INCLUDED SPKO012 - INSTALLATION D —
(6) 20A 2-POLE LISTED NONE INGLUDED SPKO13 - NETWORK EMABPH33JJF88B1 COATING ‘ APPROVED
OPTIONAL EMP001 - ENVIRONMENTAL PROBE UNITS | in[mm] A3 SCALE E‘T-N
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