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Distribution Sections

01/2019 Eaton FK4600-1148GB

Distribution sections
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Dropper bars
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Dropper bars
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Distribution Section
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Nincluding the heads of the
fixing screws
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Doors
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Door
Without apertures with ventilation slits
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Back plates, side walls, mounting systems
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Back plates, side walls
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Distribution section for power factor correction units
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Distribution section for power factor correction units
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Distribution Section
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Distribution section
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Part no. a C
mm mm

MS-522...; MGS-S...
220406 400 600
220408 800
220606 600 600
220608 800
220806 800 600
220808 800
221006 1000 600
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221206 1200 600
221208 800
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Top and bottom plates, base fixing, plinths
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Top and bottom plates for component mounting area
with flange apertures
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Plinths
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Plinths
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Dimensions, MODAN G

Swing frames
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19" swing frame
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Main busbars
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Main busbars
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